
NH fuse-switch disconnectors, size 000
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Material:
– Fibreglass-reinforced 

polyamide
– Fire protection corresponding 

to UL 94-V0
– Contact tracks: Silver-plated 

hard copper

Colour:
– Chassis: RAL 9011
– Cover: RAL 7035

Basis of test:
– IEC/DIN EN 60 947-3
– DIN EN 60 269-2 (fuse inserts)

Technical details:
Available on the Internet

Size 000, for mounting plate assembly
Size Packs 

of 000 Page

Rated operating current max. A 100
Rated operating voltage V, ~ 690, 3~
Number of poles 3-pole
Cable outlet Top/bottom
Type of connection Box terminal
Connection of round conductors mm² 1.5 - 50
Clamping area for laminated copper bars, W x H mm 10 x 10
Width mm 89
Height mm 141.5
For mounting plate assembly ◾
Model No. 1 pc(s). 3431.000
Accessories
Micro-switch 5 pc(s). 3071.000 263 


